












Drop and Trunk cables – Indoor and Outdoor
Draka manufactures high-quality copper and fibre optic cables for all multimedia applications.

Approved by many network operators

many users appreciate the quality and reliability of Draka. 
Thus, our Drop and Trunk cables are approved, e.g. by kabel 
Deutschland (kDG), TeleNet or UPC.

screening class A

To reduce egress and ingress to a tolerable level, our CATV 
cables are equipped with screening constructions which fulfil 
the latest EN 50117-2-n standard. Drop cables follow classes 
A, B or C, Trunk cables reach class A+ or A++ performance.

Anti-aging and low reflections

The dielectrics consist of physically foamed cellular PE, thus 
no chemical additives are needed and no aging effects appear.

halogen-free and flame retardant

For each application the correct sheath material. you can 
choose between FRNC for indoor use and PE for outdoor use. 
Also water resistant materials being both halogen-free and 
flame retardant are available.

connector compatibility

Draka CATV cables are compatible to all major connectors – 
we have this approved by leading connector manufacturers. 
Compatibility certificates and all relevant data sheets are 
available for download at www.draka.com/communications 
or www.prysmiangroup.com. 
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screening option

Drop cable
Indoor cable with PVC
or FRNC sheath

s „super“
2 bonded 
Al-PET foils
+ 70-80% braid
Screening attenuation
> 110 dB
Class A* + reserve

A „Advanced“

Al-PET foil
+ 70-80% braid
Screening attenuation
> 90 dB
Class A*

e „economy“

Al-PET foil
+ 40% braid
Screening attenuation
> 80 dB
Class B/C*

type Attenuation
@ 862mhz

inner 
conductor/ 

dielectric

outer 
Diameter

Coax15 AD 06 30 dB/100 m 0.66/2.95 mm 4.3 mm
Cabelcon: F-60 Mini 3.2/5.6
PPC: CMP-MC32 Pink • CMP-MC30 Yellow

Coax11 AD 08 24 dB/100 m 0.8/3.5 mm 5.0 mm
Cabelcon: Series -11 • Series -106 – F-59 (3.7)
PPC: CMP-MC37 Orange

Coax10 AD 10** 19 dB/100 m 0.95/4.65 mm 6.8 mm
Cabelcon: Series -01 (4.9) • F-56 (4.9)
PPC: Series A025 (4.9) • CMP-6-49 Blue • EX6-49/83

Coax9 AD 11 17 dB/100 m 1.13/4.8 mm 6.8 mm
Cabelcon: Series -01 (5.1) • F-56 (5.1)
PPC: Series A025 (5.1) • CMP-6-51 Grey • EX6-51/83

Coax6 AD 16 13 dB/100 m 1.61/7.15 mm 10.1 mm
Cabelcon: Series –C232 • Series -32 • FM-RG11
PPC: Series B004 • EX11

Coax10 
Trishield

18.6 dB/100 m 1.0/4.55 mm 6.8 mm
2 bonded Al-PET foils
+ 50% braid

Cabelcon: Serie -01 (4,9) • F-56 (4,9) 
PPC: Serie A025 (4,9)  CMP-6-49 Blue 
EX6-49/83

 

screening option

Trunk cable 
Outdoor cable with PE sheath

      
s „super“
Welded CU tube

Screening attenuation 
> 120 dB
Class A++*

A „Advanced“
Cu-PET-Cu foil
+ 60% braid
Screening attenuation 
> 100 dB
Class A+*

e „economy“
Cu foil
+ 60% braid
Screening attenuation
 > 90 dB
Class A/B*

type Attenuation
@ 862mhz

inner 
conductor/ 

dielectric

outer 
Diameter

Coax6 CT 15 11 dB/100 m 1.55/7.25 mm 10.1 mm -
Cabelcon: Serie -C232 • Serie -32  • FM-RG11 
PPC: Serie B004 • EX11 

Coax4 CT 22 9 dB/100 m 2.2/8.8 mm 12.3 mm

Cabelcon: Serie -C303    
Serie -03
PPC: Serie D015 
KES connector

Cabelcon: Serie -C303 • Serie -03 
PPC: Serie D015

Coax4 CT 22 9 dB/100 m 2.2/9.3 mm 12.5 mm -
Cabelcon: Serie -309
PPC: Serie D056

Coax4 CT 22 9 dB/100 m 2.2/10.2 mm 13.8 mm -
Cabelcon: Serie -413 • Serie -C314 
PPC: Serie E019

Coax3 CT 33 6 dB/100 m 3.3/13.5 mm 17.1 mm

Cabelcon: Serie -C525 
Serie -25 
PPC: Serie G003
KES connector

Cabelcon: Serie -C525 • Serie -25 
PPC: Serie G003

Coax2 CT 48 4.1 dB/100m 4.75/19.4mm 24.9 mm
Cabelcon: Serie -17 KES 
connector

 -

* Class A, B and C according to EN 50117-2-1, -2, -4 and -5 (incl. Cenelec SC46XA)
** Also available with super light aluminium braid: Coax10 AD 10 S Al

* Class A+ and A++ according to EN 50117-2-3 (incl. Cenelec SC46XA)
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